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Stjarnvred liknande DIN 6336, staldelar rostfritt stal
Artikelbeskrivning/produktbilder
Beskrivning
Material:
Duroplast PF 31, svart.
Bussning och skruv i rotfritt stal 1.4301.
Utforande:
Hogglanspolerat.
P& begéran:
Ytterligare farger.
Ritningsinformation:
Form K: gangbussning
Form L: ytterganga
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Artikeldversikt
Stjarnvred liknande DIN 6336, staldelar rostfritt stal
Bestéllningsnr. Form Material D D1 D8 H H3 L T
komponent
K1016.22505 K rostfritt stal M5 25 12 16 8 - 75
K1016.23206 K rostfritt stal M6 32 14 20 10 - 12
K1016.24008 K rostfritt stal M8 40 18 25 13 - 14
K1016.25010 K rostfritt stél M10 50 2 32 17 - 18
K1016.26312 K rostfritt stal M12 63 26 40 21 - 22
K1016.28016 K rostfritt stal M16 80 3 50 25 - 24
K1016.42505X15 L rostfritt stal M5 25 12 16 8 15 -
K1016.42505X20 L rostfritt stal M5 25 12 16 8 20 -
K1016.42505X25 L rostfritt stal M5 25 12 16 8 25 -
K1016.43206X15 L rostfritt stal M6 32 14 20 10 15 -
K1016.43206X20 L rostfritt stal M6 32 14 20 10 20 -
K1016.43206X25 L rostritt stal M6 32 14 20 10 25 -
K1016.43206X30 L rostfritt stal M6 32 14 20 10 30 -
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Stjarnvred liknande DIN 6336, staldelar rostfritt stal

Artikeloversikt
Bestéllningsnr. Form Material D D1 D8 H H3 L T

komponent

K1016.43206X40 L rostfritt stal M6 32 14 20 10 40 -
K1016.44008X20 L rostfritt stél M8 40 18 25 13 20 -
K1016.44008X25 L rostfritt stél M8 40 18 25 13 25 -
K1016.44008X30 L rostfritt stl M8 40 18 25 13 30 -
K1016.44008X40 L rostfritt stél M8 40 18 25 13 40 -
K1016.44008X50 L rostfritt stél M8 40 18 25 13 50 -
K1016.45010X25 L rostfritt stél M10 50 2 32 17 25 -
K1016.45010X30 L rostfritt stél M10 50 2 32 17 30 -
K1016.45010X40 L rostfritt stél M10 50 22 32 17 40 -
K1016.45010X50 L rostfritt stél M10 50 2 32 17 50 -
K1016.46312X30 L rostfritt stél M12 63 26 40 21 30 -
K1016.46312X40 L rostfritt stal M12 63 26 40 21 40 -
K1016.46312X50 L rostfritt stél M12 63 26 40 21 50 -
K1016.46312X60 L rostfritt stél M12 63 26 40 21 60 -
K1016.48016X30 L rostfritt stal M16 80 35 50 25 30 -
K1016.48016X40 L rostfritt stél M16 80 35 50 25 40 -
K1016.48016X50 L rostfritt stél M16 80 35 50 25 50 -
K1016.48016X60 L rostfritt stal M16 80 35 50 25 60 -
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